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PRODUCT DATA SHEET                                                                                             

Part Number  361409 
 

EAN  4015609017775 

Manufacturer  Walther-Werke 

WEEE-Reg-Nr:  DE 22131895 

 

60A 4P 250 VAC 9h IP44 
 

• HIGH IMPACT THERMOPLASTIC HOUSING – Heavy-duty industrial insulated 
housings are made from high impact nylon material which is resistant to 
corrosion and abrasions. Non-conductive material is UV stabilized to protect 
against warping or discoloration. 

• TERMINAL IDENTIFICATION - Ground, neutral and phase terminals are 
clearly identified for easy recognition and ease of wiring.  

• SPRING LOADED GASKETED COVER – Snaps into place when the plug is 
removed. Protects against encounter with live contacts while keeping out 
dirt, dust and moisture.  

• RECESSED CONTACTS – Contact sleeves are recessed in the narrow contact 
tubes protecting against any accidental encounter with live contacts.  

• INTERNAL STRAIN RELIEF - Designed to firmly grip not only the outer cable jacket but also the internal conductors. 
Eliminates strain on the terminals while providing high pull-out values. “Swing-Away” feature provides easy access 
to terminal screws.  

 

Ordering/Logistics Information 
 

Order Unit  Piece 

Customs Number  85366990 

Net Weight  1.70 lbs or 0.771 kg 

Packing Quantity (VPE)  5 

Packaging Length  12.21 in or 0.31 m 

Packaging Width  10.04 in or 0.255 m 

Packaging Depth  5.91 in or 0.15 m 

Gross Weight (VPE)  8.93 lbs or 4.051 kg 

 

Conformities 
 

CE Conformity                                                                               

RoHS directive                                          2011/65/EU 

RoHS directive  2015/863/EU 

REACH regulation  1907/2006 

http://www.waltherelectric.com/
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Certification 
 

VDE certification  40000699 

UL certification  E329476 

EAC certification  BY112.02.01.020.06101 

 

Technical Product Data 
 

IEC-amperage   63 A  

Amperage according to UL/CSA (for UL-version)  60 A  

Number of poles and wires  4 = 3P + G 

Voltage according to EN 60309-2   250 V (50+60Hz)  

Clock hour position   9 h  

Identification color   Blue 

Degree of protection (IP)   IP44  

Connection system   Screwed terminal  

Cable entry   Swivel  

Angle of plug   Straight  

Material   Plastic  

Inflammability class of insulation material according to UL94   V2  

  

 

 

  

 

 

 

All specifications are subject to change without notice. Consult a Walther Electric Engineer for the latest 

specifications or speak with a member of our Customer Care Team +1 (800) 925-8437.  

http://www.waltherelectric.com/

